











TM900 High Power. Increased efficiency, great savings

On the road
The advanced technology of TM900 High Power ensures excellent performance and lower fuel

consumption levels than competitors.

FUEL CONSUMPTION
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Test conditions
- Reference sizes: 710/70R42-600/70R30 |
- Tractor: 260 hp
- Fuel cost: 0.85 €/Lt

TM900 Premium Premium
Competitor A Competitor B

When considering the tyre's life cycle of 3000 hours at 40 km/h, the comparison versus other
premium tyre producers proves that the Trelleborg TM900 High Power pays for itself.

Up to 3.315 € saved
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TM900 High Power. Excellent self-cleaning

The tread’s characteristic design, the hallmark all the tyres in the TM range, gives Trelleborg

TM900 High Power excellent self-cleaning qualities.

The inter-lug terracing is an advanced design at
the base of the lug which helps with mud ejection,
maximising the self-cleaning capability of the tyre.




Under the same operating conditions, compared to competitors, Trelleborg has two main
advantages:
+ higher traction capability under torque conditions (A)

+ reduces road contamination (B)
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TM90O0 High Power
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600/70R28
e, TM300 High Power 1551 4720 DW18L DW20A TUBELESS
600/70R30

SOO4TRSD  TM300 High Power 605 1608 722 4820 750 DW18L DW20A TUBELESS
710/60R30 "

162D (159E) TM900 High Power 710 1590 720 4800 750 DW23A TUBELESS
600/70R34 .

e TM900 High Power 600 1685 755 5105 800 DW18L DW20A - W18L TUBELESS
650/60R34 )

ToohSORas  TM900 High Power 645 1650 750 4965 775 DW20A DW18L TUBELESS
710/60R34 )

164D (161F) TM900 High Power 715 1700 775 5125 825 DW23A TUBELESS
650/75R38 .

169D (166F) TM900 High Power 676 1940 855 5840 925 DW23A TUBELESS
650/85R38 "

173D (170E) TM900 High Power 709 2070 910 6220 975 DW23A TUBELESS
800/70R38 .

o4 TNs,  TM900 High Power 810 2065 910 6205 975 DW25A DW27A TUBELESS
900/60R38  1MgQQ High Power 905 2040 915 6180 975 DW28A DW27A - DW30A TUBELESS
178D (175F)

710/70R42 )

D4T508 ™S00 High Power 716 2061 910 6190 975 DW23A DW25A TUBELESS
TAO/TORA2"  TMO00 High Power 725 2070 915 6280 975 DW23A DW25A TUBELESS
710/75R42

[I)TSRa2 ™90 High Power 720 2140 945 6415 1025 DW23A TUBELESS
bt ‘(*‘1’;‘% TM900 High Power 905 2140 960 6425 1025 DW28A DW27A - DW30A TUBELESS

(*) = For harvesting applications

N4

TRELLEBORG

Trelleborg Wheel Systems Italia S.p.A.
Via Nazionale Tiburtina, 143 - 00010 Villa Adriana (RM) Italy
Phone: +39 0774 384701 - Fax: +39 0774 384702

www. trelleborg.com/wheelsystems
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