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Marshland

Specialized line for use on waterlogged and marshy terrain.
The extremely deep lugs, together with the structure of the carcass, provide high traction and floatation.

340/85R38

139A8 (139B) MARSHLAND 405 1660 760 4970 775 W13 W11-W12-DW11DW12-DW13  TUBELESS
PRESSURE
psi 12 14 17 20 23 26
bar 0,8 1,0 1,2 1,4 1,6 1,8
MAX. LOAD kg
508 1560 1775 1995 2215 2430
40S 1560 1775 1995 2215 2430
30S 1665 1900 2135 2370 2605
10LTS 2120 2415 2710 3010 3305 3475
10HTS 1665 1900 2135 2370 2605
420/85R38
144A/8 (1448) MARSHLAND 460 1745 795 5220 800 W15L W14L-DW14L-DW15L TUBELESS
PRESSURE
psi 12 14 17 20 23 26
bar 0,8 1,0 1,2 1,4 1,6 1,8
MAX. LOAD kg
508 1795 2045 2300 2550 2800
40 S 1795 2045 2300 2550 2800
30S 1920 2190 2460 2730 3000
10LTS 2440 2780 3125 3470 3810 4005
10HTS 1920 2190 2460 2730 3000
1:312832;8‘3) MARSHLAND 499 1810 815 5420 825 W16L W15L-DW15L-DW16L TUBELESS
PRESSURE
psi 12 14 17 20 23 26
bar 0,8 1,0 1,2 14 1,6 1,8
MAX. LOAD kg
508 2080 2375 2665 2960 3250
40 S 2080 2375 2665 2960 3250
308 2230 2540 2855 3165 3480
10LTS 2830 3230 3625 4025 4420 4650
10HTS 2230 2540 2855 3165 3480
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Subject to technical amendments, printing errors and mistakes in text or illustrations.



