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for a low intensity applicationThe perfect choice

The new Trelleborg XP700 tire has been designed to perfectly match the needs of low intensity material 
handling operations.
Providing adequate load capacity and good steering ability, it offers the proper reliability, whilst maintaining 
cost control.
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Compact lateral block design
to minimize vibrations

1

Very deep lugs to enhance 
traction
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Protruding rim protector in order to 
minimize damage to the wheels 
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Printed on
recycled paper

Size Alternative Size Rim Pattern LOC + STD

Product Dimensions
[inch]

Load capacity [lbs]

 Static

Counterbalanced lift trucks
up to 16 mph

Overall Diameter  Section Width Load Wheel Steering Wheel

15x4½-8 125/75-8 3.00D-8 Traction 14.6 4.1 2,668 2,293 1,764

5.00-8 3.00D-8 Traction 18.0 4.8 3,638 3,120 2,403

16x6-8 150/75-8 4.33R-8 Traction 16.1 5.6 3,836 3,296 2,535

18x7-8 180/70-8 4.33R-8 Traction 17.7 5.6 5,490 4,729 3,638

140/55-9 15x5.5-9 4,00E-9 Traction 14.6 5.0 2,998 2,579 1984

6.00-9 4,00E-9 Traction 20.0 5.5 4,828 4,156 3,197

21x8-9 200/75-9 6,00E-9 Traction 20.0 7.3 7,055 6,074 4,674

6.50-10 5.00F-10 Traction 22.0 6.4 5,997 5,159 3,968

200/50-10 6.50F-10 Traction 17.6 7.3 6,327 5,445 4,189

23x9-10 225/75-10 6.50F-10 Traction 22.5 7.5 8,818 7,595 5,842

7.00-12 5.00S-12 Traction 26.0 6.6 7,452 6,437 4,938

23x10-12 250/60-12 8.00G-12 Traction 22.5 8.8 9,656 8,311 6,393

27x10-12 250/75-12 8.00G-12 Traction 25.8 9.1 9,987 8,598 6,614

7.00-15 5.5-15 Traction 28.0 7.0 9,072 7,815 6,008

8.25-15 6.5-15 Traction 31.0 8.1 12,147 10,472 8,047

28x9-15
225/75-15 
(8.15-15)

7.0-15 Traction 27.0 8.0 8,818 7,595 5,842

250-15 250/70-15 7.0-15 Traction 27.7 8.5 12,147 10,461 8,047

300-15 315/70-15 8.0-15 Traction 32.0 10.0 14,980 12,897 9,921

355/65-15
32x12½-15
(350-15)

9.75-15 Traction 31.9 10.9 19,974 17,196 13,228

250-15 250/70-15 7.5-15 Traction 27.7 8.5 12,147 10,461 8,047

XP700



Discover our website

Yokohama TWS North America, Inc.
107 Audubon Road - Building 2 - Suite 205

Wakefield, MA 01880
800-948-8473

info.tws@yokohama-tws.com
www.trelleborg-tires.com/en-us
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Follow us


