
The Trelleborg MPX TB range is designed for 
telehandler and compact loader applications  
in the most demanding environments, providing 
improved traction, better wear resistance and 
greater stability on all ground surfaces. The 
unique lug design delivers excellent self-cleaning 
and grip on muddy surfaces.

Now available with increased load capacity  
for heavy-duty applications, the MPX TB is also 
ECE 106 approved to meet European safety 
regulations.

Main benefits

•  Increased load index for heavy-duty applications
•  Improved traction with unique lug design
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MPX TB

Application Tire features

GREATER 
STABILITY
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TRACTION

Multi Purpose Bias Tire

COMPACT  
WHEEL LOADER

TELEHANDLER EXCELLENT WEAR 
RESISTANCE

ROBUST
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Size
Tread 

Pattern
Rim 

(Permitted) 
OD

  (in)
SW

 (in)
LSD

  (in)
RC

  (in)

Service 
Description 

LI/SS

Tire Load Capacity (lbs.) at Speed (mph) Tire 
Pressure 

(PSI)Static  6  6 cyc. 12 19 25 31

400/70-20 IND 
(REPLACES 405/ 

70-20 & 16/70-20) 

MPX TB
TL

13 x 20
(13 x 20SDC)

 42.6 16.1 19.4 129.8 155A8/B

13373 7265 8721 6339 6043 5810 5810 46

14355 7795 9360 6802 6483 6240 6240 51

16119 8765 10518 7639 7287 7012 7012 58

17894 9724 11664 8478 8081 7773 7773 65

19658 10683 12822 9316 8886 8544 8544 73

400/70-24 IND
(REPLACES 405/ 

70-24 & 16/70-24)

MPX TB
TL

13 x 24
(13 x 24SDC)

46.3 16.2 21.1 139.9 158A8/B

14652 7971 9559 6946 6626 6372 6372 46

15733 8555 10264 7464 7111 6847 6847 51

17673 9614 11532 8379 7993 7684 7684 58

19614 10661 12789 9305 8864 8533 8533 65

21554 11720 14057 10220 9746 9371 9371 73

400/80-24 IND
(15.5/80-24)

MPX TB
TL

DW13 X 24
(DW14L X 24)
(DW13L X 24)

49.4 16.2 22.5 150.7 162A8

16383 8908 10683 7762 7409 7122 6483 46

17585 9559 11466 8335 7949 7651 6957 51

19757 10738 12888 9371 8930 8588 7817 58

21918 11919 14299 10397 9912 9537 8677 65

24090 13098 15711 11422 10893 10474 9537 73

460/70-24 IND
(17.5L-24)

MPX TB
TL

DW15L X 24
(DW14L X 24)
(DW16L X 24)

49.5 17.9 22.2 150.2 159A8

14421 7839 9404 6836 6527 6273 5700 35

16427 8930 10716 7783 7420 7144 6494 41

18423 10011 12017 8732 8324 8004 7288 46

19757 10738 12888 9361 8929 8588 7806 51

22193 12061 14476 10518 10033 9647 8776 58

500/70-24 IND*
(19.5L-24)

MPX TB
TL

DW16L X 24
(DW15L X 24)
(W15L X 24)
(W16L X 24)

51.7 19.8 23.0 155.1 164A8

16482 8963 10749 7817 7453 7166 6527 35

18765 10198 12238 8897 8489 8159 7420 41

21047 11444 13726 9978 9515 9151 8324 46

22568 12271 14718 10694 10209 9812 8929 51

25358 13781 16538 12017 11466 11025 10033 58

* In preparation

Trelleborg Wheel System Americas, Inc.
107 Audubon Road, Building 2, Ste 205

Wakefield, MA 01880
www.trelleborg.com/wheels/us

facebook.com/TrelleborgConstruction
youtube.com/TrelleborgConstruction
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