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TM100.Respect at first sight.



TM100
Narrow radial tire, specifically designed for row crop working and highly regarded for delivering 
comfort.

High Load Capacity
The casing construction and the materials used 
guarantee high load capacity and exceptional 
resistance to tire fatigue.

Excellent Traction
The high lug angle ensures traction in all soil 
conditions from wet to dry.

Superior self-cleaning 
The geometry of the lugs and mud breakers
give the tire superior self-cleaning 
characteristics.

Outstanding productivity
The TM100 range, identified by its rounded 
shoulders, allows working between rows of 
crops without damaging the plants.
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SIZE Tread
Pattern

SW
inch

OD
inch

SLR
inch

RC
inch SRI Rim Permitted Rims Type Tube

230/95R32
128A8 (128B)

TM100 9.3 49.8 23.4 153.5 600 W7 W6 TUBELESS
9.5-32
TR218

270/95R32
136A8 (136B)

TM100 11 53 25 160.4 625 W9 W10 - W8 TUBELESS
12.4-32
TR218

230/95R36
130A8 (130B) TM100 9.3 53.7 25.4 165.7 650 W7 W6 TUBELESS

9.5-36
TR218

270/95R38
140A8 (140B)

TM100 11.2 58.3 27.4 177.4 700 W10 W8 - W9 TUBELESS

210/95R44
120A8 (120B)

TM100 8.3 60.2 28.5 183.9 725 W7 W6 TUBELESS
8.3/9.5-44

TR218

230/95R44
134A8 (134B)

TM100 9.3 61.8 28.9 190.9 750 W7 W8 TUBELESS
8.3/9.5-44

TR218

270/95R44
142A8 (142B)

TM100 10.6 64.8 30.3 197.6 775 W8 W9 - W10 TUBELESS
9.5-44
TR218

300/95R46
148A8 (148B)

TM100 12.2 69.1 33.1 212.6 825 W10 W9 - W11 TUBELESS 12.4-46

230/95R48
136A8 (136B)

TM100 9.4 65.9 30.7 203.5 800 W7 W8 TUBELESS 9.5-48

270/95R48
144A8 (144B)

TM100 10.8 68.9 32.7 210.6 825 W8 W9 - W10 TUBELESS 11.2-48

380/90R50
151A8 (151B)

TM100 15 76.6 35 231.7 975 W12 W11 - W13 TUBELESS

300/95R52
151A8 (151B)

TM100 12.4 75 35 228.5 925 W10 W9 - W11 - DW10 - DW11 TUBELESS

380/90R54
152A8 (152B)

TM100 15 80.3 37 243.1 1025 W12 W11 - W13 TUBELESS


