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T418 High Power

Size PR
Tread

Pattern

New Tire Tire in service
SLR 
inch

RC
inch Rim TubeSW

inch
OD

inch
SW (max) 

inch
OD (max) 

inch

23.1-26 TL 16 PR T418 FS SB 23.6 63.6 24.2 65.2 29.5 189.4 DW20B
23.1-26 
TR218

28L-26 TL 20 PR T418 FS SB 27.8 64.2 28.5 65.7 29.4 191.1 DW25B
28L-26 
TR218

28L-26 TL 26 PR T418 FS SB 27.8 64.2 28.5 65.7 29.4 191.1 DW25B
28L-26 
TR218

24.5-32 TL 16 PR T418 FS SB 24.8 71.9 25.4 73.6 32.8 213.6 DH21
24.5-32 
TR218

30.5L-32 TL 20 PR T418 FS SB 29.9 72.4 30.7 74.2 33.1 215.4 DH27
30.5-32 
TR218

30.5L-32 TL 26 PR T418 FS SB 29.9 72.4 30.7 74.2 33.1 215.4 DH27
30.5-32 
TR218

30.5L-32 TL 32 PR
T418 High Power

FS SB
30.3 74 31.1 75 34.1 220.1 DH27

30.5-32 
TR218

DH35.5L-32 TL 24 PR T418 FS SB 35 78.7 36.2 80.3 35.6 233.3 DH31

DH35.5L-32 TL 30 PR
T418 High Power

FS SB
36.2 80.1 37.4 81.7 36.2 237.4 DH31

FS SB = Forestry Service Steel Belted

T418

Trelleborg Wheel Systems Americas, Inc.
570 Trelleborg Drive

Spartanburg, SC 29301
Toll Free Phone Number: 1-866-633-8473
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Trelleborg T418 is the perfect tire for heavy-duty logging service. The tire is specifically designed for 
log skidding service with maximum traction and tear resistance to provide longer tire life under the 
most severe operating conditions. 

- The armored plies and steel belts protect the 
casing against stumps, boulders and rocks 

- Cut and tear resistant tread rubber for longer 
tire life

- Deep, strong lugs provide and maximize 
traction and grip 

- Extra reinforced sidewall increases stability 
and protection against impacts

T418 Forestry Skidder
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