
TRELLEBORG FLUID HANDLING SOLUTIONS

SAFETY & HANDLING PRODUCTS
ADVANTAGES
•  Improve handling operations
•  Use: fixed or mobile
•  Keep and protect the hose structure

COMPLEMENTARY INFORMATION
•  Material: urethane
•  Sling material: polyester UV Resistant 

CE certified slings: rated capacity of 5000 kg
•  Maximum temperature: 93.3°C

www.trelleborg.com/fluidhandling

Contact: tes.serviceclients@trelleborg.com
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Part number ID hose Rated Capacity 

(kg) Stock

5105144 3" 648.00 

5105145 4" 648.00 

5105146 6" 2500.00 

5105147 8" 3888.00 

5105148 10" 4860.00 

TRELLEBORG CLERMONT-FERRAND SAS - Service Marketing - ZI La Combaude - Rue de Chantemerle - CS 10725 - 63050 Clermont-Ferrand Cedex 2 - FRANCE 
Tél. 04 73 25 81 81 - Fax. 04 73 25 82 17 tes.serviceclients@trelleborg.com - www.trelleborg.com/fluidhandling
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ADVANTAGES
•  Improve handling operations
•  Use: fixed or mobile
•  Keep and protect the hose structure

COMPLEMENTARY INFORMATION
•  Material: urethane
•  Sling material: polyester UV Resistant 

CE certified slings: rated capacity of 5000 kg
•  Maximum temperature: 93.3°C
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Part number ID hose Rated Capacity 

(kg) Price list € Stock

5105144 3" 648.00 380.00 

5105145 4" 648.00 425.00 

5105146 6" 2500.00 750.00 

5105147 8" 3888.00 1275.00 

5105148 10" 4860.00 1900.00 
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