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Version Control 
 

Version Author Date Change Comment 

1.0 M. Esser, M. Dichtl 1.7.2000 First version 

1.1 M. Esser, M. Dichtl 4.4.2003 Version Control added 
Segment IMD added to Segment Group 25 (Page 18) 
Segment Group 26 with Segment CCI added to Segment Group 25 (Page 22) 
Branching Diagram amended accordingly 
Appendix with explanation of Status added 

1.2 M. Esser 30.4.2003 Segment QTY (Page 19) amended for direct shipment 

1.3 M. Esser 12.6.2003 Segment Group 6 with segment TAX added for the tax identification code 

1.3.01 Thomas Tscherter 15.10.2013 Added an EDIFACT example file.  

1.4 Thomas Tscherter 10.5.2016 Added RFF+VA segment on buyer address level to transmit VAT ID of buyer 
location 
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UNH Message header Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

UNH    UNH  
    +  
0062 Message reference number an..14 M  Unique message reference assigned by the sender 
    +  
S009 Message identifier  M   

0065 Message type identifier an..6 M ORDER
S 

ORDERS = Purchase order 

    :  
0052 Message type version number an..3 M D D = Draft version/UN/EDIFACT directory 

    :  
0054 Message type release number an..3 M 96A 96A = Release 1996 - A 

    :  
0051 Controlling agency an..2 M UN UN = UN/ECE/TRADE/WP.4, United Nations Standard Messages 

(UNSM) 
    ‘  
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BGM Beginning of message Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

BGM    BGM  
    +  
C002 Document/message name  R   

1001 Document/message name, coded an..3 R 220 220 = Order 
    +  
1004 Document/message number an..35 R  Reference number/purchase order number of Trelleborg Sealing 

Solutions. 
Format: Up to 8 digits number + 2 digits type (OP,OD, etc.) 

    ‘  
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DTM Date/time/period Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

DTM    DTM  
    +  
C507 Date/time/period  M   

2005 Date/time/period qualifier an..3 M  137 = Document/message date/time 
    :  

2380 Date/time/period an..35 R  Document/message date 
    :  

2379 Date/time/period format qualifier an..3 R 102 102 = CCYYMMDD 
    ‘  
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FTX Free text Status: Optional Maximum repeats: 99 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

FTX    FTX  
    +  
4451 Text subject qualifier an..3 M PUR PUR = Purchasing information 
    +  
4453 Text function, coded an..3 R 3 3 = Text for immediate use 

    +  
C107 Text reference  N  Not used 

    +  
C108 Text literal  R   

4440 Free text an..70 M  Free text line 1 
    :  

4440 Free text an..70 O  Free text line 2 
    :  

4440 Free text an..70 O  Free text line 3 
    :  

4440 Free text an..70 O  Free text line 4 
    :  

4440 Free text an..70 O  Free text line 5 
    ‘  
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Segment Group 2 Status: Required Maximum repeats: 1 
NAD Name and address billing to Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

NAD    NAD  
    +  
3035 Party qualifier an..3 M BT BT = Party to be billed for other than freight (bill to) 
    +  
C082 Party identification detail  O  Identification of a transaction party by code 

3039 Party id identification an..35 M  Trelleborg Sealing Solutions address code 
    :  

1131 Code list qualifier an..3 N  Not used 
    :  

3055 Code list responsible agency, coded   92 92 = Assigned by buyer or buyer’s agent 
    +  
C058 Name and address  D   

3124 Name and address line, unstructured an..35 O  Name and address line 1 
    :  
3124 Name and address line, unstructured an..35 O  Name and address line 2 
    :  
3124 Name and address line, unstructured an..35 O  Name and address line 3 
    :  
3124 Name and address line, unstructured an..35 O  Name and address line 4 
    :  
3124 Name and address line, unstructured an..35 O  Name and address line 5 

    +  
C080 Party name  D  Identification of a transaction party by name together with C059, 3164, 

3251, and 3207 
3036 Party name line an..35 M  Party name line 1 

    :  
3036 Party name line an..35 O  Party name line 2 

    :  
3036 Party name line an..35 O  Party name line 3 

    +  
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Tag Name Format Status Constant Trelleborg Sealing Solutions use 
C059 Street  D  Street address and/or PO box number together with C080, 3164, 3251, 

and 3207 
3042 Street address and/or PO box number an..35 M  Street address/PO box number line 1 

    :  
3042 Street address and/or PO box number an..35 O  Street address/PO box number line 2 

    :  
3042 Street address and/or PO box number an..35 O  Street address/PO box number line 3 

    +  
3164 City name an..35 D  Name of a city together with C080, C059, 3251, and 3207 
    +  
3229 Country sub-entity identification an..9 N  Not used 
    +  
3251 Postcode identification an..9 D  Code defining postal zones or addresses, together with C080, C059, 

3164, and 3207 
    +  
3207 Country, coded an..3 D  Identification of the name of a country or other geographical entity as 

specified in ISO 3166, use together with C080, C059, 3164, and 3251 
    ‘  
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Segment Group 3 Status: Required Maximum repeats: 1 
RFF Reference Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

RFF    RFF  
    +  
C506 Reference  M  Identification of a reference 

1153 Reference qualifier an..3 M VA VA = VAT registration number 
    :  

1154 Reference number an..35 R  VAT ID of the ordering Trelleborg Sealing Solutions site 
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Segment Group 2 Status: Optional Maximum repeats: 1 
NAD Name and address Seller Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

NAD    NAD  
    +  
3035 Party qualifier an..3 M SE SE = Seller 
    +  
C082 Party identification detail  O  Identification of a transaction party by code 

3039 Party id identification an..35 M  Trelleborg Sealing Solutions address code 
    :  

1131 Code list qualifier an..3 N  Not used 
    :  

3055 Code list responsible agency, coded   92 92 = Assigned by buyer or buyer’s agent 
    +  
C058 Name and address  D   

3124 Name and address line, unstructured an..35 O  Name and address line 1 
    :  
3124 Name and address line, unstructured an..35 O  Name and address line 2 
    :  
3124 Name and address line, unstructured an..35 O  Name and address line 3 
    :  
3124 Name and address line, unstructured an..35 O  Name and address line 4 
    :  
3124 Name and address line, unstructured an..35 O  Name and address line 5 

    +  
C080 Party name  D  Identification of a transaction party by name together with C059, 3164, 

3251, and 3207 
3036 Party name line an..35 M  Party name line 1 

    :  
3036 Party name line an..35 O  Party name line 2 

    :  
3036 Party name line an..35 O  Party name line 3 

    +  
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Tag Name Format Status Constant Trelleborg Sealing Solutions use 
C059 Street  D  Street address and/or PO box number together with C080, 3164, 3251, 

and 3207 
3042 Street address and/or PO box number an..35 M  Street address/PO box number line 1 

    :  
3042 Street address and/or PO box number an..35 O  Street address/PO box number line 2 

    :  
3042 Street address and/or PO box number an..35 O  Street address/PO box number line 3 

    +  
3164 City name an..35 D  Name of a city together with C080, C059, 3251, and 3207 
    +  
3229 Country sub-entity identification an..9 N  Not used 
    +  
3251 Postcode identification an..9 D  Code defining postal zones or addresses, together with C080, C059, 

3164, and 3207 
    +  
3207 Country, coded an..3 D  Identification of the name of a country or other geographical entity as 

specified in ISO 3166, use together with C080, C059, 3164, and 3251 
    ‘  
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Segment Group 2 Status: Required Maximum repeats: 1 
NAD Name and address Consignee Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

NAD    NAD  
    +  
3035 Party qualifier an..3 M ST ST = Ship to 
    +  
C082 Party identification detail  O  Identification of a transaction party by code 

3039 Party id identification an..35 M  Trelleborg Sealing Solutions address code 
    :  

1131 Code list qualifier an..3 N  Not used 
    :  

3055 Code list responsible agency, coded   92 92 = Assigned by buyer or buyer’s agent 
    +  
C058 Name and address  D  Unstructured name and address 

3124 Name and address line, unstructured an..35 O  Name and address line 1 
    :  
3124 Name and address line, unstructured an..35 O  Name and address line 2 
    :  
3124 Name and address line, unstructured an..35 O  Name and address line 3 
    :  
3124 Name and address line, unstructured an..35 O  Name and address line 4 
    :  
3124 Name and address line, unstructured an..35 O  Name and address line 5 

    +  
C080 Party name  D  Identification of a transaction party by name together with C059, 3164, 

3251, and 3207 
3036 Party name line an..35 M  Party name line 1 

    :  
3036 Party name line an..35 O  Party name line 2 

    :  
3036 Party name line an..35 O  Party name line 3 

    +  
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Tag Name Format Status Constant Trelleborg Sealing Solutions use 
C059 Street  D  Street address and/or PO box number together with C080, 3164, 3251, 

and 3207 
3042 Street address and/or PO box number an..35 M  Street address/PO box number line 1 

    :  
3042 Street address and/or PO box number an..35 O  Street address/PO box number line 2 

    :  
3042 Street address and/or PO box number an..35 O  Street address/PO box number line 3 

    +  
3164 City name an..35 D  Name of a city together with C080, C059, 3251, and 3207 
    +  
3229 Country sub-entity identification an..9 N  Not used 
    +  
3251 Postcode identification an..9 D  Code defining postal zones or addresses, together with C080, C059, 

3164, and 3207 
    +  
3207 Country, coded an..3 D  Identification of the name of a country or other geographical entity as 

specified in ISO 3166, use together with C080, C059, 3164, and 3251 
    ‘  
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Segment Group 6 Status: Required Maximum repeats: 1 
TAX Duty/Tax/Fee Details Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

TAX    TAX  
    +  
5283 Duty/Tax/Fee function qualifier an..3 M 9 9 = Tax related information 
    +  
C241 Duty/Tax/Fee type  N  Not used 
    +  
C533 Duty/Tax/Fee account detail  N  Not used 
    +  
5286 Duty/Tax/Fee assessment basis an..15 N  Not used 
    +  
C243 Duty/Tax/Fee detail  N  Not used 
    +  
5305 Duty/Tax/Fee category, coded an..3 N  Not used 
    +  
3446 Party tax identification number an..20 R  Number assigned to a purchaser (buyer, orderer) by a tax jurisdiction 

(state, country, etc). 
    ‘  
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Segment Group 7 Status: Required Maximum repeats: 1 
CUX Currency Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

CUX    CUX  
    +  
C504   O   

6347 Currency type qualifier  M 2 2 = Reference currency 
    :  

6345 Currency, coded  R  Currency of the purchase order, use ISO 4217 three alpha code 
    :  

6343 Currency qualifier  R 9 9 = Order currency 
    ‘  
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Segment Group 25 Status: Required Maximum repeats: 999 
LIN Line item Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

LIN    LIN  
    +  
1082 Line item number n..6 R  Serial number designating each separate item within a series of articles. 

The line item number runs in steps of 1000 (1000, 2000, 3000 etc.). The 
numbers between are used for line splitting and sub lines. 

    +  
1229 Action request/notification, coded an..3 N  Not used 

    +  
C212 Item number identification  R   

7140 Item number an..35 R  Trelleborg Sealing Solutions short number for bar-coding 
    :  

7143 Item number type, coded an..3 R IN IN = Buyer’s item number 
    ‘  
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PIA Additional product id Status: Optional Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

PIA    PIA  
    +  
4347 Product id function qualifier an..3 M 5 5 = Product identification 
    +  
C212 Item number identification  M   

7140 Item number an..35 R  Trelleborg Sealing Solutions long part number 
    :  

7143 Item number type, coded an..3 R BP BP = Buyer’s part number 
    ‘  
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PIA Additional product id Status: Optional Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

PIA    PIA  
    +  
4347 Product id function qualifier an..3 M 5 5 = Product identification 
    +  
C212 Item number identification  M   

7140 Item number an..35 R  Vendor item number  
    :  

7143 Item number type, coded an..3 R VN VN = Vendor item number 
    ‘  
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PIA Additional product id Status: Optional Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

PIA    PIA  
    +  
4347 Product id function qualifier an..3 M 1 1 = Additional identification 
    +  
C212 Item number identification  M   

7140 Item number an..35 R  Trelleborg Sealing Solutions old part number  
    :  

7143 Item number type, coded an..3 R BP BP = Buyer’s part number 
    ‘  
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IMD Item description Status: Optional Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

IMD    IMD  
    +  
7077 Item description type, coded an..3 M F F = Free form 
    +  
7081 Item characteristic, coded an..3 M 98 98 = Size. Description of size in non-numeric terms 
    +  
C273 Item description  M  Description of an item 

7009 Item description identification an..17 N  Not used 
    :  

1131 Code list qualifier an..3 R 102 102 = Size and type 
    :  
3055 Code list responsible agency, coded an..3 R 92 92 = Assigned by buyer or buyer’s agent 
    :  
7008 Item description an..35 R  Dimension of the item  

    ‘  
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QTY Quantity Status: Required Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

QTY    QTY  
    +  
C186 Quantity details  M   

6063 Quantity qualifier an..3 M 131 131 = Delivery quantity 
147 = Direct shipment quantity 

    :  
6060 Quantity n..15 M  Numeric value of the quantity, required by the buyer to be delivered 

    :  
6411 Measure unit qualifier an..3 R  Indication of the unit of measurement for the quantity  

CMT = Centimetre  
PCE = Piece 
(see UN/ECE Recommendation No. 20) 

    ‘  
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DTM Date/time/period Status: Required Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

DTM    DTM  
    +  
C507 Date/time/period  M   

2005 Date/time/period qualifier an..3 M 2 2 = Delivery date/time, requested, arriving at destination 
    :  

2380 Date/time/period an..35 R  Requested delivery date 
    :  

2379 Date/time/period format qualifier an..3 R 102 102 = CCYYMMDD 
    ‘  
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FTX Free text Status: Optional Maximum repeats: 99 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

FTX    FTX  
    +  
4451 Text subject qualifier an..3 M LIN LIN = Line item 
    +  
4453 Text function, coded an..3 R 3 3 = Text for immediate use 

    +  
C107 Text reference  N  Not used 

    +  
C108 Text literal  R   

4440 Free text an..70 M  Free text line 1 
    :  

4440 Free text an..70 O  Free text line 2 
    :  

4440 Free text an..70 O  Free text line 3 
    :  

4440 Free text an..70 O  Free text line 4 
    :  

4440 Free text an..70 O  Free text line 5 
    ‘  
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Segment Group 26 Status: Optional Maximum repeats: 1 
CCI Characteristic/Class id Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

CCI    CCI  
    +  
7059 Property class, coded an..3 N  Not used 
    +  
C502 Measurement details  N  Not used 

    +  
C240 Product characteristic  R   

7037 Characteristic identification an..17 N  Not used 
    :  

1131 Code list qualifier an..3 R 188 188 = Article Status. A code list defining the status of an article from the 
procurement point of view. 

    :  
3055 Code list responsible agency, coded an..3 R 92 92 = Assigned by buyer or buyer’s agent 
    :  
7036 Characteristic an..35   Trelleborg Sealing Solutions item ABC classification. Values 0, 1, 2, 3, 4, 

9, X. MTS = 1, 2, 3, 4, 9 
    ‘  
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Segment Group 28 Status: Optional Maximum repeats: 1 
PRI Price information Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

PRI    PRI  
    +  
C509 Price information  M   
5125  Price qualifier an..3 M AAA AAA = Calculation net 

The price stated is the net price including allowances/charges. 
    :  

5118 Price n..15 R  Monetary value (max. 4 positions after decimal point) 
    :  

5375 Price type, coded an..3 R PU PU = Specified unit 
    :  

5387 Price type qualifier an..3 R NTP NTP = Net unit price 
Unit price to which no allowances and charges apply. 

    :  
5284 Unit price basis n..9 R 1  
    :  
6411 Measure unit qualifier an..3 R  Indication of the unit of measurement for the quantity  

CMT = Centimetre  
PCE = Piece 
(see UN/ECE Recommendation No. 20) 

    ‘  
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Segment Group 29 Status: Optional Maximum repeats: 1 
RFF Reference Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

RFF    RFF  
    +  
C506 Reference  M  Identification of a reference 

1153 Reference qualifier an..3 M BO BO = Blanket order number 
    :  

1154 Reference number an..35 R  Trelleborg Sealing Solutions purchase order blanked number (OB 
number) 

    :  
1156 Line number an..6 R  Number of the line in the purchase order blanked 

    ‘  
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Segment Group 29 Status: Optional Maximum repeats: 1 
RFF Reference Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

RFF    RFF  
    +  
C506 Reference  M  Identification of a reference 

1153 Reference qualifier an..3 M PR PR = Price quote number 
    :  

1154 Reference number an..35 R  Reference number assigned3 by the seller to a quote 
    :  

1156 Line number an..6 R  Number of the line in the purchase order blanked 
    ‘  
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UNS Section control Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

UNS    UNS  
    +  
0081 Section identification a1 M S S = Detail/summary section separation 
    ‘  
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UNT Message trailer Status: Mandatory Maximum repeats: 1 
 
 
Tag Name Format Status Constant Trelleborg Sealing Solutions use 

UNT    UNT  
    +  
0074 Number of segments in a message n..6 M  Control count of number of segments in a message 
    +  
0062 Message reference number an..14 M  Unique message reference,  

repetition from the UNH segment, element 0062 
    ‘  
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Appendix 
 
Explanation of Status: 

M Mandatory 
O Optional 
R Required 
N Not used 
D Dependent on the usage of segment 

 
 

Example file (prices are of course manipulated) 
 
UNB+UNOC:2+O0013002405BUSAK001+O094200005560489394SKEG01+121221:1931+201212211931' 

UNH+1+ORDERS:D:96A:UN' 

BGM+220+932219OP' 

DTM+137:20121221:102' 

FTX+PUR+3++The contractual relationship between the Parties shall be' 

FTX+PUR+3++governed by the new General Conditions of Purchase of' 

FTX+PUR+3++the Buyer, valid from the 1st of August 2012. The General' 

FTX+PUR+3++Conditions of Purchase are freely retrievable via Internet' 

FTX+PUR+3++at www.tss.trelleborg.com/de' 

NAD+BT+00020::92' 

RFF+VA:DE119553041’ 

NAD+SE+572::92++Trelleborg Ersmark AB:.:.+Fabriksvagen 1-3+Ersmark++934 41+SE' 

NAD+ST+5050::92++Trelleborg Sealing Solutions:Germany GmbH:c/o Kuehne ?+ Nagel(AG & Co.) KG+Max-Planck-Strasse 5+Gartringen++71116+DE' 

CUX+2:EUR:9' 

LIN+1000++3851417:IN' 

PIA+5+OR2401130-N7T40:BP' 

PIA+1+_ME461332384:BP' 

IMD+F+98+:102:92:11,3 x 2,4' 

QTY+131:60:PCE' 

DTM+2:20130130:102' 

FTX+LIN+3++Prio CAT 2' 
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FTX+LIN+3++#ITM#3851417' 
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CCI+++-:188:92:0 6-' 

PRI+AAA:1.111:PU:NTP:1:PCE' 

LIN+2000++3936978:IN' 

PIA+5+DRYS000219E7T43:BP' 

PIA+1+_ME542480007:BP' 

QTY+131:2500:PCE' 

DTM+2:20130301:102' 

FTX+LIN+3++#DRW#0164-6512' 

FTX+LIN+3++#ITM#3936978' 

CCI+++-:188:92:9' 

PRI+AAA:7.777:PU:NTP:1:PCE' 

LIN+3000++6684138:IN' 

PIA+5+ORAR00011-N8T42:BP' 

PIA+1+_ME464572335:BP' 

IMD+F+98+:102:92:7,65 x 1,78' 

QTY+131:60000:PCE' 

DTM+2:20130322:102' 

FTX+LIN+3++#ITM#6684138' 

CCI+++-:188:92:9' 

PRI+AAA:2.222:PU:NTP:1:PCE' 

LIN+4000++6752539:IN' 

PIA+5+ORAR00010-N8T42:BP' 

PIA+1+_ME465189335:BP' 

IMD+F+98+:102:92:6,07 x 1,78' 

QTY+131:18000:PCE' 

DTM+2:20130322:102' 

FTX+LIN+3++#ITM#6752539' 

CCI+++-:188:92:9' 

PRI+AAA:3.333:PU:NTP:1:PCE' 

... 

UNS+S' 

UNT+79+1' 

UNZ+1+201212211931' 

 


