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PneuTrac ® by Trelleborg.A new generationof farm tires
Increased focus on productivity, sustainability and farm efficiency drive the development of innovative 
products, technologies and solutions both in open field operations as well as specialized applications 
such as vineyards and orchards.
In this scenario, Trelleborg is strengthening its commitment towards innovative agriculture with the 
introduction of the PneuTrac®. 
The PneuTrac® combines the advantages of a radial agricultural tire with the benefits of a track 
delivering unbeatable performance on both steep slopes and muddy terrain, reducing your downtime 
to zero in demanding conditions. The extra-long PneuTrac® footprint results in superior flotation and 
traction along with exceptional lateral stability, without compromising fuel efficiency, comfort or 
handling.

Watch the video on TrelleborgAgri 
to discover more about Trelleborg smart solutions. 

Youtube.com/TrelleborgAgri 

EIMA INNOVATION AWARD

Printed on 
recycled paper

Sizes
Size Tread Pattern SW

inch
OD
inch

SLR
inch

RC
inch SRI Rim Permitted Rims Type

280/70R18
116A8 (116B)

PneuTrac® 11.4 33.5 15.2 98.3 410 9 TUBELESS

VF 280/70R20TL
118A8 (118B)

PneuTrac® In preparation

VF 420/70R28TL
145A8 (145B)

PneuTrac® In preparation

480/65R28
148A8 (148B)

PneuTrac® 18.9 52.8 23.4 154.7 650 W16 TUBELESS

NEW

NEW
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The new PneuTrac® contains the best-in-
class features of Trelleborg agricultural 
tires along with a new sidewall; CupWheel 
Technology. The innovative “Omega” design of 
the sidewall helps the tire carcass to sustain 
load, simultaneously providing flexibility and 
an extra-wide footprint at very low pressure, 
resulting in very low soil compaction.

This new design allows the tread to work 
at 100% of its potential efficiency. The 
ProgressiveTraction® technology on the tread 
itself enhances traction whilst the inter-lug 
terraces improve the self-cleaning capability 
of the tire. The wide lug bases combined with 
a robust shoulder feature increase lateral 
stability especially on slopes.

PneuTrac ® key features

CupWheel technology by Galileo Wheel Ltd.

ProgressiveTraction® 
tread enhancing 
traction capacity 
on field and wear 
resistance on road 

Interlug terraces  
assuring maximum 
self-cleaning capacity

Wide lug base and 
robust shoulder 
design increase 
lateral stability 
especially on slopes

CupWheel Technology 
"Ω" Design

AXLE LOAD

LOW INFLATION
PRESSURE

EXTRA WIDE FOOTPRINT

CUPWHEEL
SIDEWALL

CUPWHEEL
SIDEWALL

Long footprint with consequent 100% 
tread width efficiency
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The PneuTrac® delivers exceptional 
performance both on flat land and on 
slopes. For vineyards and orchards, the 
PneuTrac® combines the advantages of a 

radial agricultural tire, such as fuel efficiency, 
comfort and handling, with the benefits of a 
track, including flotation and traction on muddy 
terrain.

High performance on slopes
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When on slopes, after heavy rain, traction 
becomes an issue. The PneuTrac® proves 
high traction capability powered by the “Omega 
Design” of the sidewall and enhanced by the 
ProgressiveTraction® technology applied on 
the tread. This means high productivity and 

significant overall savings, including costs such 
as fuel, maintenance and manpower.
In the most demanding of conditions PneuTrac® 
reduces machine downtime and keeps you 
working.

Compared to a standard track, the PneuTrac® 
performs much better in terms of lateral 
resistance to slippage ensuring safety and 
reducing the risk of vine, root or tree damage. 
In addition comfort and handling performance 

are at the same level as that of a radial 
tire solution. The “Omega” sidewall design 
handles uneven terrain without breaking its 
stride protecting equipment and operators 
alike. 

High traction, when and

High lateral stabilityand superior comfort

where needed
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Trelleborg is a world leader in engineered polymer solutions that seal, damp 
and protect critical applications in demanding environments. Our innovative 
engineered solutions accelerate performance for customers in a sustainable 
way. The Trelleborg Group has local presence in over 50 countries around 
the world.

WWW.TRELLEBORG.COM/WHEELS

facebook.com/TrelleborgAgri
twitter.com/TrelleborgWheel
youtube.com/TrelleborgAgri

flickr.com/TrelleborgAgri
linkedin.com/company/trelleborgwheelsystems

instagram.com/TrelleborgAgri

Trelleborg Wheel Systems Americas, Inc
570 Trelleborg Drive, Spartanburg, SC 29301

Toll Free Phone Number: 1-866-633-8473
www.trelleborg.com/wheels/us
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