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Twin Implement
Complete range of low ground pressure tires suited for agricultural machines in heavy and severe applications.

SIZE LI / SI Tread
Pattern

New tire Tire in service
SLR

inches
RC

inches Rim TypeSW 
inches

OD
inches

SW
inches

OD
inches

280/60-15.5 115A8     
103A8   T421 10.2 28.7 10.8 29.4 12.8

13.2
84.3
85.2 AG8.00 TUBELESS

280/60-15.5 125A8     
113A8   T421 10.7 29 10.9 29.4 13 86.4 AG8.00 TUBELESS

280/60-15.5 128A8 T478 10.2 28.7 10.8 29.4 12.8 84.3 AG8.00 TUBE TYPE

400/60-15.5 145A8     
132A8   T404 15.7 34.4 17.2 35.7 15.1

15.6
101.1
102.1 AG13.00 TUBELESS

400/60-15.5 148A8     
136A8   T404 16.1 34.4 17.2 35.7 15.1

15.6
101.1
102.1 AG13.00 TUBELESS

400/60-15.5 145A8 T478 15.7 34.4 17.2 35.7 15.1 102.3 AG13.00 TUBELESS

420/55-17 133A8     
121A8   T421 16.3 35.4 16.5 35.9 15.6

15.9
105

105.7 13.00 TUBELESS

400/55-17.5 131A8     
119A8   T404 15.7 34.6 16.5 35.5 15.3

15.7
101.7
102.7 AG11.75 TUBE TYPE

400/55-22.5 147A8     
135A8   T404 15.7 39.4 16.5 40.2 17.6

18.1
119.5
119.9 AG11.75 TUBELESS

500/45-22.5 146A8     
134A8   T404 19.7 40.2 20.8 41 17.7

18.3
118.9
120.1 AG16.00 TUBELESS

500/60-22.5 155A8     
143A8   T404 19.7 46.1 20.8 47.2 19.7

20.9
137.4
138.2 AG16.00 TUBELESS

500/60-22.5 155A8     
143A8   T421 19.7 46.1 20.8 47.2 20.7

21.5
137.4
138.2 AG16.00 TUBELESS

560/45-22.5 154A8     
142A8   T404 21.3 42.3 24 43.7 18.7

19.3
127.4
127.8 AG16.00 TUBELESS

560/60-22.5 158A8     
145A8   T404 22.2 48.6 24 50.8 20.7

21.4
144.7
145.1 AG16.00 TUBELESS

560/60-22.5 167A8     
155A8   T404 22.2 48.6 24 50.8 20.7

21.3
144.7
145.1 AG16.00 TUBELESS

600/50-22.5 156A8     
144A8   T404 24 46.1 25.1 47.8 20.5

21.3
136.2
137.8 AG20.00 TUBELESS

600/50-22.5 156A8     
144A8   T423 23.6 46.1 24.8 47.8 20.5

21.3
136.2
137.8 AG20.00 TUBELESS

600/50-22.5 165A8
153A8  T404 24 46.1 25.1 47.8 AG20.00 TUBELESS

710/40-22.5 158A8     
146A8   T404 28 45.7 30.4 46.4 20.1

20.7
136.2
136.6 AG24.00 TUBELESS

400/60-26.5 147A8     
135A8   T404 15.7 45.7 16.7 46.7 20.7

21.3
136.6
137.4 AG13.00 TUBE TYPE

500/60-26.5
in phase out

159A8     
147A8   T421 19.7 49.6 20.8 50.7 22

22.8
140.2
150 AG16.00 TUBELESS

600/55-26.5 166A8     
154A8   T404 24.4 53.5 25.1 54.3 23.4

24.4
156.3
157.5 AG20.00 TUBELESS

600/55-26.5 166A8     
154A8   T421 23.6 53.1 25.1 54.3 23.4

24.4
156.3
157.5 AG20.00 TUBELESS

710/45-26.5 169A8     
157A8   T404 28 53.1 30.4 54.5 23.6

24.4
156.7
157.5 AG24.00 TUBELESS

710/45-26.5 169A8     
157A8   T423 MK2 28 53.1 30.4 54.5 23.2

24
156.3
158.3 AG24.00 TUBELESS

800/40-26.5 172A8     
159A8   T404 31.5 53.1 33.1 54.3 23.2

24
156.3
158.3 AG28.00 TUBELESS

800/40-26.5 172A8     
159A8   T423 MK2 31.5 53.1 33.1 54.3 23.6

24.4
156.3
157.9 AG28.00 TUBELESS

600/60-30.5
in phase out

171A8     
159A8   T421 24.4 59.1 25.1 60.5 25.8

26.8
174

175.2 AG20.00 TUBELESS

650/65-30.5 173A8     
161A8   T404 26 65 27.4 66.1 28

29.1
190.2
191.3 AG20.00 TUBELESS

710/50-30.5 175A8     
163A8   T404 28.6 59.1 30.4 60.4 25.6

26.8
174.2
175.4 AG24.00 TUBELESS

710/50-30.5 175A8     
163A8   T423 28.7 59.1 30.4 60.4 26

27.2
174.2
175.4 AG24.00 TUBELESS

750/60-30.5 178A8     
166A8   T404 29.5 65 31.7 68.4 28

29.1
190.2
191.7 AG24.00 TUBELESS

800/45-30.5 178A8     
166A8   T404 31.5 59.1 33.9 60.8 25.6

26.4
175.4
176.6 AG28.00 TUBELESS

800/45-30.5 178A8     
166A8   T423 31.5 59.1 33.1 60.5 26

26.8
174

175.6 AG28.00 TUBELESS

850/50-30.5 179A8     
167A8   T404 33.5 65 36.2 66.3 27.2

28.5
190.6
192.1 AG28.00 TUBELESS

New


